ACT / EPA series

MECHANICAL VALVE mindman
Specification
Model Acting Port size el fo- d Medium CEaEting Ll Weight
Position pressure range temperature

ACT-401-02 Spring return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 380 g
ACT-401-03 Spring return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 363 g
ACT-401-02-3A Automatic return type (Closed center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 385¢g
ACT-401-03-3A Automatic return type (Closed center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 368 g
ACT-401-02-3A1 | Automatic return (Exhaust center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 385¢g
ACT-401-03-3A1 | Automatic return (Exhaust center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 368 g
ACT-402-02 Spring return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 3579
ACT-402-03 Spring return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 340 g
ACT-403-02 Spring return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 587 g
ACT-403-03 Spring return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 570 g
ACT-405-02 Spring return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 3709
ACT-405-03 Spring return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 353 g
ACT-406-02 Pilot return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 352¢g
ACT-406-03 Pilot return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 334 g
ACT-407-02 Pilot return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 628 g
ACT-407-03 Pilot return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 606 g
ACT-410-02 Hand return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 346 g
ACT-410-03 Hand return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 330g
ACT-410-02-3 Hand return type (Closed center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 346 g
ACT-410-03-3 Hand return type (Closed center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 330 g
ACT-410-02-31 Hand return (Exhaust center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 346 g
ACT-410-03-31 Hand return (Exhaust center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 330g
ACT-411-02 Hand return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 346 g
ACT-411-03 Hand return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 330 g
ACT-411-02-3 Hand return type Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 620 g
ACT-411-03-3 Hand return type Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 603 g
ACT-411-02-3A Automatic return type (Closed center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 658 g
ACT-411-03-3A Automatic return type (Closed center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 640 g
ACT-411-02-3A1 Automatic return (Exhaust center) Rc1/4 5/3 Air 0~0.9 MPa -0~+60°C 658 g
ACT-411-03-3A1 | Automatic return (Exhaust center) Rc3/8 5/3 Air 0~0.9 MPa -0~+60°C 640 g
ACT-412-02 Hand return type Rc1/4 5/2 Air 0~0.9 MPa -0~+60°C 3429
ACT-412-03 Hand return type Rc3/8 5/2 Air 0~0.9 MPa -0~+60°C 325¢g
ACT-301-02 Spring return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 318g
ACT-302-02 Spring return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 296 g
ACT-303-02 Spring return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 520 g
ACT-305-02 Spring return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 30549
ACT-306-02 Pilot return type Rc1/4 32 Air 0~0.9 MPa -0~+60°C 288 g
ACT-307-02 Pilot return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 564 g
ACT-310-02 Hand return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 2829
ACT-311-02 Hand return type Rc1/4 3/2 Air 0~0.9 MPa -0~+60°C 5559
ACT-312-02 Hand return type Rc1/4 32 Air 0~0.9 MPa -0~+60°C 2704

Model No. of port Port size Medium Operating pressure range Ambient temperature Weight
EPA-100 / 100A 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 439g/68¢g
EPA-101/101A & Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 709/68g
EPA-102 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 104 g
EPA-103 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 679
EPA-104 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 719
EPA-105 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 68 g
EPA-105L 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 104 g
EPA-106 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 61g
EPA-107 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 549
EPA-108* 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 100 g
EPA-109 3 Rc1/8 Air 0~0.9 MPa -5~+60°C (No freezing) 108 g
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ACT series

MECHANICAL VALVE mindman
Hand valve Plam valve Pedal valve
ACT-401 ACT-402 ACT-403
ACT-401-02 / 02-3A ACT-401-02-3A1 ACT-402-02 ACT-403-02
ACT-401-03-3A1 ACT-402-03 ACT-403-03
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ACT series M

MECHANICAL VALVE mindman
Hand valve Treadle valve Treadle valve
ACT-410 I ACT-411 I ACT-411-A
ACT-410-02 / 02-3 ACT-410-02-31 ACT-411-02 / 02-3 ACT-411-02-3A / 3A1
ACT-410-03/03-3 ACT-410-03-31 ACT-411-03/03-3 ACT-411-03-3A / 3A1
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ACT series
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MECHANICAL VALVE

Hand valve
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ACT series M

MECHANICAL VALVE mindman
Hand valve Treadle valve Plam valve
ACT-310-02 ACT-311-02 ACT-312-02
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