EPA series

MECHANICAL VALVE

Order example

EPA — T08A—-R -G

MODEL

—

;

BUTTON
COLOR*
® G: Green
® R: Red
@ B: Black
Y: Yellow

—L‘

PORT
THREAD

Blank: Rc thread

G: G thread

NPT: NPT thread

Switch type * Only for 102, 108, 109 type.
Code Blank A L
100 Pin plunger Ball actuator -
101 Retained toggle Toggle -
Palm button
102 o0 = _
103 Roller plunger - —
104 Pilot = —
Roller lever Roller lever
105 (Short) B (Long)
106 One way lever - =
107 Plain lever = _
108 Push button Palm actuator | Palm latching actuator
000 000 000
Selector
109 o000 = =
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Specification

mindman

Model EPA
No. of port 3
Port size 1/8
Medium Air
Operating pressure range 0~0.9 MPa

Ambient temperature

-5~+60°C (No freezing)

Weight

Unit: g
EPA-100 EPA-100A EPA-101 EPA-101A
43 68 70 68
EPA-102 EPA-103 EPA-104 EPA-105
104 67 71 68
EPA-105L EPA-106 EPA-107 EPA-108
104 61 54 100
EPA-108A EPA-108L EPA-109
100 100 100




EPA Dimensions
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