MAF410 series Stainless steel #316 type

AIR UNITS (Filter) mindman

Specification

Model MAF410
Bore No. 10A 15A 20A
Port size 3/8 1/2 3/4
Medium Air
Operating pressure range 0.05~1 MPa
Proof pressure 1.5 MPa
Sym bol Ambient temperature —5~+607C (No freezing)
_________ Filter element Standard: 40, m Option: 5,20, m
i i Weight 1811 g
i ; i ¥ Standard unit contains semi-auto-drain function when
L--mm - - operating pressure below 0.05 MPa.
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